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Seitenwand schrauben entfernen (*)
*) nur für Schrank H2000

Remove sidepanel screws (*)
*) only for cabinet H2000

Devisser les vis de flanc (*)
*) seulement pour armoire H2000
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Pos. 9 nicht festschrauben
Do not tighten pos. 9
Ne pas serrer pos. 9
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11
Anzugsmoment 12.5 N.m
Tightening torque 12.5 N.m
Couple de serrage 12.5 N.m
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- Schrauben 9 jetzt 
    anziehen
     Anzugsmoment 3 N.m

- Tighten now screw 9
      Tightening torque 3 N.m

- Serrer maintenant 
    vis 9
      Couple de serrage 3 N.m

E

E2(2x)

Anzugsmoment 3,5 N.m
Tightening torque 3,5 N.m
Couple de serrage 3,5 N.m

E1

17
Anzugsmoment 5 N.m
Tightening torque 5 N.m
Couple de serrage 5 N.m
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Pos. 2 & 3
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F

F

1Anzugsmoment 5 N.m
Tightening torque 5 N.m
Couple de serrage 5 N.m
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Teile mit Schiebetür geliefert

Parts supplied with the sliding door

Pièces fournies avec la porte coulissante
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