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1. STANDARD
         MEASURING RANGE:
        MEASUREMENT ACCURACY:
        OPERATING RANGE:
        OPERATIONAL VOLTAGE:
        CURRENT DRAW:
        SENSOR HOUSING MATERIAL:
        SENSOR HOUSING COLOR:
        INTERFACE PLUG:
        INTERFACE PLUG HOUSING MATERIAL:
        INTERFACE PLUG HOUSING COLOR:
        LABEL CONTENT:
2. ADDITIONAL:
         NONE
3. ACCESSORY COMPONENTS:
         CABLE TIES, QTY:(5)
         RJ45 QUICK DISCONNECT COUPLER, QTY:(1)
         STANDARD ETHERNET EXTENSION CABLE, QTY:(1)
         INSTALLATION GUIDE, QTY:(1)

NOTES:
        1. PRIMARY DIMENSIONS ARE IN MILLIMETERS. SECONDARY DIMENSION
        ARE IN INCHES

0°C - 65°C [32°F - 149°F]
± 2%
0°C - 65°C [32°F - 149°F]
4.2 - 5.5 VOLTS DC
30 mA MAX
ABS, 10% GLASS-FILLED
BLACK
RJ45 COMPLIANT
PC
TRANSPARENT
T
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1. PRODUCT LABEL:

          MATERIAL:                             SYNTHETIC PAPER
         COLOR:                                  WHITE
         TEXT COLOR:                        BLACK
         TEXT FONT:                           ARIAL
2. BARCODE: CODE 128

NOTES:

PIN #1

Pin Function

1

2

3

5

6

7

8

4

+5V

NC

NC

NC

Ground

RS485 A

RS485 B

Ground

PRODUCT LABEL

RJ45 CONNECTION PIN-OUT
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SKU# EA9102

MADE IN XXXXX

Serial Number

SKU# EA9102

MADE IN  XXXXX

Serial Number

SINGLE TEMPERATURE PROBE

A x x x x x x x x

E A 9 1 0 2

SINGLE TEMPERATURE PROBE
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RoHS

Product Code

RoHS

57465

Product Code

57465




