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SEE NOTE 7
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NOTES:

1. INSTALLATION SHALL COMPLY WITH ALL APPLICABLE NATIONAL,

STATE AND LOCAL CODES.

2. SEE PRODUCT DOCUMENTATION FOR FURTHER INFORMATION.

3. THIS DRAWING DEPICTS THE POWER SYSTEM CONNECTIONS AND IS

    NOT REPRESENTATIVE OF THE PHYSICAL LAYOUT. PLEASE REFER

    TO MECHANICAL DRAWINGS FOR PHYSICAL LAYOUT.

SKU#:Made In XXXXX  

24A Total(NA) OR 32A Total(EU)
C13/C15/C19 COMBO; 200-240VAC, 16A max per outlet

SKU #: RB0850WXYZ
Model #: EP402024-0062-C(NA)/EP402032-0062-C(EU)

 3PHASE, 50/60Hz, 32A(EU)200-240/346-415VAC, WYE,
INPUT: 200-240/346-415VAC, WYE, 3PHASE, 50/60Hz, 24A(NA), OR

OUTPUT: C13/C15 COMBO; 200-240VAC, 10A per outlet
C US

300805

Basic
nVent Electric plc
1665 Utica Ave, Suite 700
Minneapolis, MN  55416 
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